
Patch Cables RJ45
Category 5e / Class D

 

 

 

Patch cable SF/UTP PVC Cat.5eType
 

 Cable
SF/UTP 4x2xAWG 26/7 PVCDesignation:
PVCSheath material:
up to 100 MHzFrequency:

 

 Plug
RJ45 8(8)Push-on connector type 1:
RJ45 8(8)Push-on connector type 2:
1:1 acc. to TIA/EIA 568 BPin assignment:

 

acc. to IEC 60332-1-2Flame proof
 

HELUKAT® CONNECTING SYSTEMS® system components up to 100 MHz of category 5(e) /
Class D in accordance with ISO 11801, 2nd edition, EN 50173, 2nd edition, and EIA/TIA 568 B.

Norms and standards
 

Preferred types UnitLength
in metres

Sheath colourPart no.

100,5grey803049
101,0grey803050
102,0grey803051
103,0grey803052
105,0grey803053
107,5grey803054
1010,0grey803055
1015,0grey803056

 

 

 UnitLength
in metres

Sheath colourPart no.

100,5blue803065
101,0blue803066
102,0blue803067
103,0blue803068
105,0blue803069
107,5blue803070
1010,0blue803071
1015,0blue803072

 

 

 UnitLength
in metres

Sheath colourPart no.

100,5green803073
101,0green803074
102,0green803075
103,0green803076
105,0green803077
107,5green803078
1010,0green803079
1015,0green803080

 

Continuation 
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Patch Cables RJ45
Category 5e / Class D

 

 UnitLength
in metres

Sheath colourPart no.

100,5red803057
101,0red803058
102,0red803059
103,0red803060
105,0red803061
107,5red803062
1010,0red803063
1015,0red803064

 

 

 UnitLength
in metres

Sheath colourPart no.

100,5yellow803081
101,0yellow803082
102,0yellow803083
103,0yellow803084
105,0yellow803085
107,5yellow803086
1010,0yellow803087
1015,0yellow803088

 

 

 UnitLength
in metres

Sheath colourPart no.

100,5black803089
101,0black803090
102,0black803091
103,0black803092
105,0black803093
107,5black803094
1010,0black803095
1015,0black803096

 

Dimensions and specifications may be changed without prior notice. 
 

Naturally, we also offer other lengths, colors and crossover cables on request.Options
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