
TECHNICAL DATA
Brass interior socket

Temperature range -40°C to +250°C

n	STRUCTURE

• Material: Brass nickel plated

n	APPLICATION
• Interior sockets EEM made by brass for metal conduits type M, 

SPR-AS, SPR-PVC-AS, SPR-PU-AS und SPR-EDU-AS.

M SPR-AS
SPR-PVC-AS, 

SPR-PU-AS, SPR-
EDU-AS

Suitable for 
tube outer 
Ø mm

Weight kg, 
approx.

Packaging 
unit (in pc.)

Part no. Part no. Part no.

10.0 0.16 50 906006 99510 97580

14.0 0.30 50 906007 99511 97680

17.0 0.32 50 906008 99512 97691

19.0 0.42 50 906009 99513 97692

21.0 0.52 50 906010 99514 97693

27.0 1.12 25 906011 99515 97681

36.0 1.64 25 906012 99516 97682

45.0 2.45 20 906013 99517 97694

56.0 3.80 10 906014 99518 97684
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