
TECHNICAL DATA
Copper tubular butt connectors

n	STRUCTURE
• Material: copper acc. to DIN EN 13600
• Surface: galvanic tin plated

n	APPLICATION

• Clamping Surface: tin plated connection sleeves for unstrained 
clamping.  
Type: With wirestop

n	NOTES
• Legend: 

Dimensions 
d - Inner diameter of wire receptable 
L - Length

Part no. Type cross-section from / 
to mm²

Inner Ø mm Length mm Weight in kg/1000 pc. Packaging unit (in pc.)

907811 HELU-S-SV-CU 0.5-0.75 0.50 - 0.75 1.4 15.0 0.8 100

907812 HELU-S-SV-CU 1-1.5 1.00 - 1.50 1.9 15.0 1.2 100

907813 HELU-S-SV-CU 2.5 2.50 2.4 16.0 1.5 100

907814 HELU-S-SV-CU 4 4.00 3.0 19.0 2.1 100

907815 HELU-S-SV-CU 6 6.00 3.7 19.0 2.2 100

907816 HELU-S-SV-CU 10 10.00 4.3 30.0 5.5 50

907817 HELU-S-SV-CU 16 16.00 5.4 35.0 8.1 50

907818 HELU-S-SV-CU 25 25.00 6.9 40.0 11.6 50

907819 HELU-S-SV-CU 35 35.00 8.3 45.0 19.1 50

907820 HELU-S-SV-CU 50 50.00 9.6 50.0 27.0 50

907821 HELU-S-SV-CU 70 70.00 11.5 55.0 39.0 50

907822 HELU-S-SV-CU 95 95.00 13.5 60.0 50.0 50

907823 HELU-S-SV-CU 120 120.00 15.5 65.0 71.9 25

907824 HELU-S-SV-CU 150 150.00 16.8 70.0 87.3 25

907825 HELU-S-SV-CU 185 185.00 19.0 75.0 116.3 25

907826 HELU-S-SV-CU 240 240.00 21.0 85.0 142.2 25

907827 HELU-S-SV-CU 300 300.00 24.0 100.0 231.4 10

907828 HELU-S-SV-CU 400 400.00 27.5 100.0 262.7 10

907829 HELU-S-SV-CU 500 500.00 31.0 140.0 473.0 5

907830 HELU-S-SV-CU 630 630.00 34.0 160.0 617.5 5
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