
IREV-A, FLEV-A termination with slip-on method
 

 

Scope of deliveryPropertiesIREV-A/FLEV-A
Interior end seals and outside end seals in
push-on technology for all single-conductor

• Packing unit: 1
• one-piece suspensible silicon end lock

• simple, quick assembly
• large cross-sections

medium-range voltage plastic cables with • integrated field control• unlimited conductivity
differing conductor layers and sheath designs
up to 18/30(36)kV.

• assembly instruction
 

• no pre-expansion
• no flame or heat source required

 • immediately operational
 

 

IREV-A - indoor termination with slip-on method
Net EUR/item at a purchase ofUnitCross-section

mm²
Nominal voltage
Uo/U(Um)

TypePart no.
6 - 102 - 51

o. r.o. r.o. r.195,0 - 240,06/10kVIREV-A1294371
o. r.o. r.o. r.1150,0 - 400,06/10kVIREV-A1294372
o. r.o. r.o. r.1240,0 - 500,06/10kVIREV-A1294373
o. r.o. r.o. r.1300,0 - 800,06/10kVIREV-A1294374

 

o. r.o. r.o. r.110,0 - 35,012/20kVIREV-A2494375
o. r.o. r.o. r.135,0 - 120,012/20kVIREV-A2494376
o. r.o. r.o. r.170,0 - 240,012/20kVIREV-A2494377
o. r.o. r.o. r.1120,0 - 400,012/20kVIREV-A2494378
o. r.o. r.o. r.1240,0 - 630,012/20kVIREV-A2494379

 

o. r.o. r.o. r.116,0 - 95,018/30kVIREV-A3694380
o. r.o. r.o. r.150,0 - 240,018/30kVIREV-A3694381
o. r.o. r.o. r.1120,0 - 400,018/30kVIREV-A3694382

 

FLEV-A - outdoor termination with slip-on method
Net EUR/item at a purchase ofUnitCross-section

mm²
Nominal voltage
Uo/U(Um)

TypePart no.
6 - 102 - 51

o. r.o. r.o. r.195,0 - 240,06/10kVFLEV-A1294384
o. r.o. r.o. r.1150,0 - 400,06/10kVFLEV-A1294385
o. r.o. r.o. r.1240,0 - 500,06/10kVFLEV-A1294386
o. r.o. r.o. r.1300,0 - 800,06/10kVFLEV-A1294387

 

o. r.o. r.o. r.110,0 - 35,012/20kVFLEV-A2494388
o. r.o. r.o. r.135,0 - 120,012/20kVFLEV-A2494389
o. r.o. r.o. r.170,0 - 240,012/20kVFLEV-A2494390
o. r.o. r.o. r.1120,0 - 400,012/20kVFLEV-A2494391
o. r.o. r.o. r.1240,0 - 630,012/20kVFLEV-A2494392

 

o. r.o. r.o. r.150,0 - 240,018/30kVFLEX-A3694393
o. r.o. r.o. r.1120,0 - 400,018/30kVFLEX-A3694394

 

o. r. = on requestDimensions and specifications may be changed without prior notice.
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