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RA /RC

TECHNICAL DATA
Crimp cable lug

Temperature range -60°Cto +105°C

B STRUCTURE

» Material: copper, galvanic tin plated

B PROPERTIES

+ widened shaft; allows easy and safe insertion of conductor

® NOTES
* legend:
Dimensions
b - Width of flange

Push-on receptacle, all-insulated

Part no. Type Colour
96574 RA 28 VO red
96328 RA 29 VO red
96329 RA 48 VO red
96330 RA 49 VO red
96334 RA 63 V0 red
96331 RB 48 VO blue
96332 RB 49 VO blue
96335 RB 63 VO blue
96333 RC63 V0 yellow
flat distributor
Part no. Type Colour
91436 RAG3T red
91441 RB63T blue
94929 RC63T yellow
o
— |

d - Inner diameter of wire receptable

L - Length
Cross-sec. mm?, Flat plug size in mm Design Packaging unit (in pc.)
approx.
0.50-1.00 2.80x0.80 Sleeve 100
0.50-1.50 2.80x0.50 Sleeve 100
0.50-1.50 4.80x0.80 Sleeve 100
0.50-1.50 4.80x0.50 Sleeve 100
0.50-1.50 6.30x0.80 Sleeve 100
1.50-2.50 4.80x0.80 Sleeve 100
1.50-2.50 4.80x0.50 Sleeve 100
1.50-2.50 6.30x0.80 Sleeve 100
4.00 - 6.00 6.30x0.80 Sleeve 100
Cross-sec. mm?, Flat plug size in mm Design Packaging unit (in pc.)
approx.
0.50-1.50 6.30x0.80 Distributor 100
1.50 - 2.50 6.30x0.80 Distributor 100
4.00 - 6.00 6.30x0.80 Distributor 100
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