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HELULIGHT® CLASSIC-RGBW

cascadable, protected against ingress of dust

PHOTOMETRIC DATA
LED Signal Luminaire acc. to DIN VDE 0711-1 / DIN EN

60598-1/I1EC60598-1

00°s€

21,00

34,60

B ELECTRICAL SPECIFICATIONS

Power supply: 24 VDC

+ Connection: M8, 5-pol, B-Cod

Lighting element
Light colour
Efficiency, gross
Efficiency, net
Beam angle
Colour fidelity

Photobiological risk group

LED

5700 K
149 Im/W
120 Im/W
120°
RA/CRI >80
RG-1

B TECHNICAL SPECIFICATIONS
* Housing material: Aluminium
+ Cover material: PMMA, diffused

» Rotatable

* Minimum operating temperature: -20°C
* Maximum operating temperature: 50°C

Dimmability: PWM
Pin configuration: P1: +WH / P2: +RD / P3: +GN / P4: +BL / P5:
-GND

H APPLICATION

The HELULIGHT® CLASSIC-RGBW is used to provide reliable illumina-
tion of machines and systems in standard applications subjected to
dust and water spray. It provides for the clear visualisation of machine
states and supports use in automated production environments. The
thin, rotatable surface-mounted luminaire with a wide beam angle is
well suited for applications in the packaging, woodworking, and me-
chanical engineering industries. Installation is quick and easy thanks
to its flexible mounting clips.

* Minimal lifespan: 60000 h
Mounting: 2x brackets (included)

Protection class: IP54

not daisy-chainable

Part no. Length mm

11024056 140
11023415 280
11023416 560
11023417 840
11023418 1120
11024057 1400

Continued on next page

Dimension (a)
inmm

150.0
290.0
570.0
850.0
1130.0
1410.0

Dimension (b)
inmm

166.5
306.5
586.5
866.5
1146.5
1426.5

H TESTS

* EMC-interference emissions acc.to DIN VDE 0875-15-1/
DIN EN 55015
» EMC-interference resistance acc.to DIN VDE 0875-15-2 /
DINEN 61547

* Photobiological risk group acc.to DIN VDE 0837-471 /

DINEN 62471

» UL E-File number E494369

Power in watts
R/G/B/W

1.6/13/13/29
3.1/26/26/5.7
6.2/52/52/115
9.3/7.9/79/17.2
12.4/10.5/10.5/23.0
15.5/13.1/13.1/28.7

Luminosity gross Luminosity netin Weight kg,

in lumens R/G/B/W lumens R/G/B/W approx.
62/166/44/426 49/122/35/343 0.24
124/332/88/852 97/244/71/686 0.31
248/664/176/1704 195/488/141/1372 0.60
372/996 /264 /2556 292/732/211/2058 0.81
496 /1328/352 /3408 390/977/282/2744 1.01
620/1660/440/4260 487 /1221/352 /3430 1.21
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HELULIGHT® CLASSIC-RGBW

cascadable, protected against ingress of dust

daisy-chainable

Part no.

11024058
11024059
11024060
11024061

Length mm

140
280
560
840

Dimension (a)

inmm
150.0
290.0
570.0
850.0

Dimension (b)
inmm

166.5
306.5
586.5
866.5

Power in watts
R/G/B/W

1.6/13/13/29
3.1/26/26/57
6.2/5.2/52/115
93/79/7.9/17.2

= HELU

Luminosity gross
in lumens R/G/B/W

62/166/44/426
124/332/88/852
248 /664/176/1704
372/996 /264 /2556

Luminosity netin
lumens R/G/B/W

49/122/35/343
97/244/71/686
195/488/141/1372
292/732/211/2058

Weight kg,
approx.

0.24
0.32

0.61
0.81
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